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Update preview
The preview does not represent the part configuration anymore.You have to generate a new preview.
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{hellermann_tyton/19/1439/1523/sc_fm_starres_aussengewinde.prj},{NB=166-30304},{IDNR=166-30304},{NO_CU_PER_OU=1.000},{PRICE_QUANT36=1.000},{QUANTITY_MIN=10.000},{QUANTITY_IN38=10.000},{PRICE_EUR_N=2.480},{TAX_N=0.190},{B=10.000},{C=15.300},{CIL=11.000},{D=26.300},{E=24.000},{HEXAC=27.000},{HEXL=4.000},{KDM=18.160},{NDM=20.000},{SD=23.000},{SL=12.000},{VER=1.000},{M=10},{N=15.3},{O=26.3},{P=24},{PWID=1583},{DESCRIPTION14=Metallverschraubung starres AuÃŸengewinde},{DESCRIPTION15=Zweiteilige Metallverschraubung, Messing vernickelt, mit starrem AuÃŸengewinde. Kann mit einer Gegenmutter befestigt werden.},{EAN=4031026306070},{ID_MANUFACT17=166-30304},{MANUFACTURE18=HellermannTyton},{MANUFACTURE19=SC20-FM-M20},{SPECIAL_TRE20=NONE},{CNSECLASS601=27-14-91-14}
Please select the desired product according to technical criteria. Selectable attributes are highlighted with the table icon. Selections can be reset by clicking on the table icon or on the value.
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HellermannTyton 166-30304
HELP_VARIABLE



				
	
Company
	HellermannTyton	
	

	
Description
	SC-FM Fixed Fitting, Ext. Thread	
	

	
Bill of material
	HellermannTyton 166-30304	
	

	
Identification
	166-30304	
	

	
Short Description
	Metallic fitting, fixed thread	
	

	
Manufacturer type description
	SC20-FM-M20	
	

	
Material
	Nickel plated brass (NPB)	
	

	
Color
	Metal (ML)	
	

	
Length
	26.3	
mm	

	
Package quantity
	1.000	
	

	
Minimum Order Quantity
	10.000	
	

	
Nominal diameter
	20	
mm	

	
Nominal diameter, imperial
	Others	
	

	
Operating temperature
	-100 Â°C to +300 Â°C	
	

	
Internal diameter min.
	15.3	
mm	

	
Deeplink
	
Deeplink(de)	
	

	
Thread
	M20x1.5	
	

	
Thread length
	10	
mm	

	
Minimum bore size
	15.3	
mm	

	
Length
	26.3	
mm	

	
SW main body
	24	
mm	
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